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Cordless special drill / driver, Type: M4D2

Order data

Order number 070224 M4D2

GTIN 4002395000388

Item class 03L

Description

Version:
· Red Li-ion batteries with single-cell monitoring and charge display.
Li-ion cordless compact drill / driver with swivel joint allowing use as a straight baton or as
a pistol grip. REDLINK™ electronic overload protection for a long working life. 21-step torque
adjustment with electronic switch-off function, drill step, battery charge display in the device,
forwards/reverse running, 1/4 inch hex bit arbor (E 6.3).
Description:
· 21-stage torque adjustment with electronic switch-off function and drill setting
· 2-speed gearbox for drilling and screwdriving
· 1/4 inch hex direct bit-holder with quick-change system
· Rechargeable battery charge display
· Handle with straight and folding functions
· REDLINK™ electronics − overload protection for long service life of the rechargeable

battery, motor, and gearbox
· Extremely compact: just 244 mm long
· Reversible
The Milwaukee M4 D cordless compact screwdriver is a compact and versatile tool designed for
precise assembly and service work. Thanks to the reversible handle, the device can be used both
as an inline screwdriver and as an ergonomic pistol-shaped foldable screwdriver. This makes
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the compact screwdriver ideal for a wide range of working situations – particularly in confined
spaces.
The 2-speed gearbox allows for both controlled screwdriving and light drilling. The 21-stage
electronic torque adjustment with switch-off function ensures reproducible results and protects
screw connections and the material. This is complemented by REDLINK™ electronics, which
provide overload protection for the motor, gearbox and rechargeable battery.
The short design, measuring just approx. 244 mm, and the ¼-inch hex direct bit-holder with
quick-change system, enable reliable and efficient working, even in hard-to-reach areas.
Feature:
· Rechargeable battery included: 2 x M4 B2
· Battery: Li-ion
· Rechargeable battery capacity [Ah]: 2.0
· Rechargeable battery system: M4
· Number of batteries/rechargeable batteries: 2
· Type of batteries/rechargeable batteries: Li-ion
· By technology: Brushed
· Delivered: in a box
· Weight with rechargeable battery [EPTA] [kg]: 0.50 (M4 B2)
· Weight with battery pack: 0.50
· Charger included: M4 C
· Charging station available: Yes
· Rechargeable battery charging time: 30
· Max. torque [Nm]: 5
· Product variant: M4 D-202B
· Voltage [V]: 4
· Standard equipment: 2 pcs. 4 V/2.0 Ah Red Li-ion rechargeable battery, M4 C charger
Advantage:
· 21-step torque adjustment.
· Can be used as an inline screwdriver or a pistol-shaped foldable screwdriver.
· Compact design for use in confined spaces.
· 2-speed gearbox for screwdriving and light drilling applications.
· 21-stage torque adjustment with electronic switch-off.
· ¼-inch hex direct bit-holder with quick-change system.
· REDLINK™ electronics to protect the machine and rechargeable battery.
· Rechargeable battery charge indicator for reliable performance.
Application:
The Milwaukee M4 D cordless compact screwdriver is suitable for assembly, maintenance and
service work in industry and manual trades. Typical applications include control cabinet building,
device and housing installation, maintenance work, and the series screwdriving of small screw
connections.
Thanks to the flexibly adjustable handle position, the screwdriver can be used as an inline
screwdriver for linear screw connections or as a pistol-shaped foldable screwdriver for
applications requiring a firm grip. This ensures that the hand is always held in an ergonomic
position, which improves precision and reduces fatigue.
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Its compact design makes the compact screwdriver particularly suitable for working in confined
spaces, whilst torque control and clockwise and anti-clockwise rotation allow for controlled
tightening and loosening of screws.
Supplied with:
2 pcs. M4 B2 battery packs, M4 C charger, in box
Supplied with battery and charger.
Attention:
German version. Order free UK adapter plug No. 08 1172_GB.
Note:
For the suitable rechargeable battery see No. 073814 MB4.

Technical description

maximum speed 1st speed 0 - 200 min-1

Battery capacity 2 Ah

Manufacturer's designation M4D-202B

maximum twist drill size ⌀ in steel 3 mm

suitable battery - supplier / battery type / voltage Milwaukee type B 4 V

Toolholder E 6.3

maximum torque hard 5 Nm

maximum twist drill size ⌀ in wood 6 mm

Battery voltage 4 V

Format Compact drill / driver

maximum speed 2nd speed 0 - 600 min-1

Weight 0.5 kg

typical application Medium

Number of rechargeable batteries contained 2

Type of rechargeable battery Lithium-ion

Power supply Rechargeable battery-powered

Rechargeable battery series REDLITHIUM™

Type of product Screwdriver

Suitable products
https://www.hoffmann-group.com/GB/en/hom/p/070224-M4D2
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