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Drill/driver 18 V, cordless drill/driver, EXPERT, brushless motor, with soft-
grip, without rechargeable battery, in L-Boxx

Order data

Order number 070246 EXSR18V90

GTIN 4053423619324

Item class 03B

Description

Version:
Compact, powerful cordless drill with forward/reverse operation.LED light to illuminate
the working area and battery charge display.Multi-stage torque setting for precise screw
driving.Electronic speed control for precise drilling and screw driving.Softgrip. Can be retrofitted
with a connectivity module. EXPERT EXSR18V-90 Cordless drill/driver Optimal combination
of strength, compactness and advanced protection.Strong all-rounder: Powerful brushless
motor delivers outstanding power with a soft/hard torque of 36/65 Nm and 2,100 rpm.Compact
powerhouse: Head length of 163 mm and 13 mm metal drill chuck for greater robustness and
better torque transmission.Advanced user protection: KickBack Control (on/off) minimises the
risk of injury by switching off when the drill bit jams.Unrivalled control over the tool: Precision
Clutch (on/off) stops overruning when needed, giving you the freedom to adjust the tool to
your requirements. The EXPERT EXSR18V-90 is a powerful cordless screwdriver. The powerful all-
rounder with brushless motor delivers outstanding power with a soft torque of 36 Nm, a hard
torque of 65 Nm and 2,100 rpm. This compact powerhouse has a head length of 163 mm and
a 13 mm metal drill chuck for greater robustness and better torque transmission. The machine
offers advanced user protection: KickBack Control minimises the risk of injury by switching off
when the drill bit jams. This function can be switched on and off. Precision Clutch provides
unmatched control over the tool, stops overruning when needed, and gives you the freedom
to adjust the tool to your requirements. This function reduces clutch wear and the associated

06.07.2026 13:00 1/3



Data sheet

TextFlow 12
noise. Equipment and application The EXPERT EXSR18V-90 is an outstanding drill/driver for
drilling in wood with a maximum diameter of 68 mm and in steel with a diameter of up to 13
mm. Compatible with the Bosch Professional 18 V system and the cross-brand AMPShare battery
alliance. Technical data: Torque (soft/hard/max.): 36/65/- Nm No-load speed (1st gear/2nd
gear): 0 – 630 / 0 – 2,100 rpm Lithium-ion battery type Chuck clamping range, min./max.:
1.5 / 13 mm Battery voltage: 18.0 V Weight excl. battery: 1.1 kg Torque settings: 21 Packaging
dimensions (width x length x height): 360 x 444 x 151 mm Belt clip option: yes KickBack Control:
yes Work lamp: yes Chuck type: keyless Tool structure: T-handle Toolholder/shank: Clamped
Total vibration values (drilling in metal) Vibration emission value ah: 1.6 m/s² Uncertainty K: 1.5
m/s² Supplied with: Drill/driver WITHOUT battery, L-Boxx with inlay. Strong all-rounder: Powerful
brushless motor delivers outstanding performance.KickBack Control.Precision Clutch (stops any
overriding if required).
Description:
Cordless power drill/screwdriver EXSR18V-90 The EXPERT EXSR18V-90 is a powerful cordless
screwdriver. The powerful all-rounder with brushless motor delivers outstanding power with a
soft torque of 36 Nm, a hard torque of 65 Nm and 2,100 rpm. This compact powerhouse has a
head length of 163 mm and a 13 mm metal drill chuck for greater robustness and better torque
transmission. The machine offers advanced user protection: KickBack Control minimises the
risk of injury by switching off when the drill bit jams. This function can be switched on and off.
Precision Clutch provides unmatched control over the tool, stops overruning when needed,
and gives you the freedom to adjust the tool to your requirements. This function reduces clutch
wear and the associated noise. The EXPERT EXSR18V-90 is an outstanding drill/driver for drilling
in wood with a maximum diameter of 68 mm and in steel with a diameter of up to 13 mm.
Compatible with the Bosch Professional 18 V system and the cross-brand AMPShare battery
alliance. L-BOXX 136 (1 600 A01 2G0). 1/1 L-BOXX inlay for device (1 600 A02 K83)
Supplied with:
Without rechargeable battery and charger, including L-BOXX.
Note:
See No. 073851 – No. 073866 for suitable batteries and chargers.

Technical description

Weight 1.1 kg

Battery voltage 18 V

Speed range 2nd speed 0 - 2100 min-1

typical application Strong

maximum twist drill size ⌀ in wood 68 mm

maximum torque hard 65 Nm

Type of rechargeable battery Lithium-ion

maximum torque soft 36 Nm
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suitable battery - supplier / battery type / voltage Bosch 18 V

maximum vibration to EN <2.5 m/s2

Toolholder 3-jaw quick-clamping drill chuck

Manufacturer's designation EXSR18V-90

Packaging Modular case (L-Boxx)

Quick-clamping chuck range 1.5 - 13 mm

Power supply Battery-powered

Motor design Brushless motor

maximum twist drill size ⌀ in steel 13 mm

Speed range 1st speed 0 - 630 min-1

Type of product Drill/driver

USP1 18V

USP2
EXPERT, brushless motor,

with softgrip, without
rechargeable battery, in L-Boxx
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